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LDN232

$450

MOST POPULAR MODELS HIGHLIGHTED!

MODEL NO. PRICE DESCRIPTION
CM-4355 $80 Reference Book: Automated Continuous Process Control

ACCESSORY

� Connects to 
Standard RS232 
Port on PC or PLC

� Up to 31 Probes 
on Each Port

� Mix and Match 
Digital Gage Probes 
and Linear Encoders

� Driver Software 
for DOS Included 

OMEGA's LDN232 adaptor allows
connection of GP901 digital gage
probes and LE902 linear encoders
to any device with a full duplex 
RS232 serial port, such as a
computer or PLC. Up to 31 sensors,
in any combination, can be
connected to a single serial port.  

These ingenious modules can be
used individually, daisy-chained 
via standard computer cable, 
or plugged together to form 
multi-channel nests.

A free software package includes
drivers for both DOS as well as
sample programs, with source 
code, for popular programming
languages. A demo shows 
outputs in numerical and 
column display format.

INTERFACE MODULES
FOR DIGITAL PROBES AND LINEAR ENCODERS

SPECIFICATIONS
Power: 5 Vdc @ 60 mA 
(+60 mA per probe)
Interface: RS232C or V24/V28
Baud Rate: Up to 115.2 K baud
Operating Temperature:
0 to 40°C (32 to 104°F)
Connector: 9-way “D” type

To Order (Specify Model Number)
MODEL NO. PRICE DESCRIPTION
LDN232 $450 RS232 interface module
LDN-CON 50 Probe connector for GP901 or LE902
LDN-PS 450 5 Vdc @ 2 A power supply (for systems requiring 

more current than the computer can supply)

Comes with software package and operator’s manual.
Ordering Example: 8 LDN232s, plus 8 LDN-CONs, comprise a complete, 8-channel 
RS232 interface system with software, ($450 + 50) x 8 = $4000.

LDN232, $450, shown
smaller than actual size.



More than 100,000 Products Available!

Calibrators, Connectors, General Test and Measurement
Instruments, Handheld Instruments for Temperature
Measurement, Ice Point References, Indicating Labels,
Crayons, Cements and Lacquers, Infrared Temperature
Measurement Instruments, Recorders, Relative Humidity
Measurement Instruments, PT100 Probes, PT100 Elements,
Temperature & Process Meters, Timers and Counters,
Temperature and Process Controllers and Power Switching
Devices, Thermistor Elements, Probes and Assemblies,
Thermocouples, Thermowells and Head and Well
Assemblies, Transmitters, Thermocouple Wire, RTD Probes

Displacement Transducers, Dynamic Measurement Force
Sensors, Instrumentation for Pressure and Strain
Measurements, Load Cells, Pressure Gauges, Pressure
Reference Section, Pressure Switches, Pressure Transducers,
Proximity Transducers, Regulators, Pressure Transmitters,
Strain Gauges, Torque Transducers, Valves

Conductivity Instrumentation, Dissolved Oxygen
Instrumentation, Environmental Instrumentation, pH
Electrodes and Instruments, Water and Soil Analysis
Instrumentation

Band Heaters, Cartridge Heaters, Circulation Heaters,
Comfort Heaters, Controllers, Meters and Switching
Devices, Flexible Heaters, General Test and Measurement
Instruments, Heater Hook-up Wire, Heating Cable
Systems, Immersion Heaters, Process Air and Duct,
Heaters, Radiant Heaters, Strip Heaters, Tubular Heaters

Air Velocity Indicators, Doppler Flowmeters, Level
Measurement, Magnetic Flowmeters, Mass Flowmeters,
Pitot Tubes, Pumps, Rotameters,Turbine and Paddle Wheel
Flowmeters, Ultrasonic Flowmeters, Valves,Variable Area
Flowmeters, Vortex Shedding Flowmeters

Communication Products and Converters, Data
Acquisition and Analysis Software, Data Loggers
Plug-in Cards, Signal Conditioners, USB, RS232, RS485,

and Parallel Port Data Acquisition Systems,
Transmitters and Receivers
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